FAST MOVING TECHNOLOGY

TAUBLI

Céables confectionnés

Selon la demande du client

Quantité Référence/Nom du projet
Coté 1 Cable Coté 2
MC4 cable coupler —— MC4
PV-KBT4 Section de cable (mm?) : PV-KBT4
PV-KST4 4 mm 6 mm PV-KST4
MC4-Evo 2 cable coupler —— Longueur de céble : MC4-Evo 2
(cable certifié selon IEC 62930)
PV-KBT4-EVO 2 PV-KBT4-EVO 2
PV-KST4-EVO 2 em PV-KST4-EVO 2
MC4 prise a encastrer ——— Cosse
PV-ADBP4-S2 9
(6]
PV-ADSP4-S2
Embouts de fils
MC4-Evo 2 prise a encastrer
- ) (0]
PV-ADB4-EVO 2
B—-
PV-ADS4-EVO 2
‘ ‘ Dénudage
D
Longueur (max. 45 mm)
Non dénudé
<t L >
Client Commentaires Veuillez envoyer votre demande a
eBOS.solutions@staubli.com
I: envoyer le
formulaire

Staubli Electrical Connectors AG  Stockbrunnenrain 8 4123 Allschwil/Switzerland
Tel. +41 61 306 5555 Fax +41 61 306 5556 ec.ch@staubli.com www.staubli.com/electrical
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	Quantity FR: 
	Reference FR: 
	Cable cross section FR: Off
	Side 1  Cable end FR: Off
	Side 2  Cable end FR: Off
	Cable length FR: 
	Customer FR: 
	Other FR: 
	Reset 8: 
	t 8: 
	Side 1  Cable end end sleeve short 1: 
	Side 1  Cable end end sleeve long 1: 
	Side 2  Cable end cable lug open FR: 
	Side 2  Cable end Cable lug closed FR: 
	Side 2  Cable end Partial stripping 1: 
	Schaltfläche 3: 


